
-7692 -7702

Alterations for Aluminum Extrusion Standard Units
-(Applicable also to the Temporary Assembly Service on P.775)-

Aluminum Frames Standard Units
-Caster and Adjuster Pad combinations for Standard Units-

Part Number - W - D - H - (SN, AN, BN, TP)

HAUBA6-3030
HAUHC6-3030

-
-

W1000
W1000

-
-

D800
D800

-
-

H700
H700

-
-

C-TP
SN

Alterations

8 DaysDays 
to Ship

Example (1) Caster direct mounting

           (2) Corner angle mounting

Example (3) Caster mounted on Foot Base

  Tapping option specified on a model number
HAUBA6-3030-W500-D500-H500-TP

Example (2), (4), (5), (6), (7)
  Can be mounded without any alterations.

When the unit configurations are BD, HD, BDT, and HDT, the only applicable caster mounting methods are Examples (1) and (3) only,

and the examples (2), (4), (5), (6), and (7) cannot be used.

Example (2) 

Mounting with Corner 

Angle Casters

Example (3)  

Mounting with 

Foot Base

Example (4)  
Mounting with Plate 
Type Casters

Example (5) 
Adjuster Pads
Plate mounting

Example (6) 
Adjuster Pads +
Caster plate mounting

Example (7)  
Integrated Caster 
mounting

P.709 P.711 P.707 P.705 P.705 P.705 P.704

E

Example (1)  

Direct mounting to 

an extrusion

-

Part Number Ex. (1) Caster 
direct mounting

Ex. (2) Mounting directly 
to Corner Angles Ex. (3) Caster mounted on Foot Base Ex. (4) Plate Type 

Caster Unit
Ex. (5) Plate type 
Adjuster Pad Unit

Ex. (6) Plate type Adjuster 
Pad + Caster Unit

Ex. (7) Integrated 
Caster & Adjuster Pad

Type
Unit 

Form

Extrusion 

Type

Casters Ex. Casters Ex. Foot Bases Casters Ex. Caster Unit Adjustment Pad 
Unit

Plate with Adjustment Pad + 
Caster Unit

Caster & Adjustment 
Pad Assembly
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Allowable 
Load (kgf)

Allowable 
Load (kgf)

HAU

BA

BB

BC

BD

BE

5-2020

-

HSMC50

HSMCS50
50 - -

HCHPS5 100 HAJPS5 500

HAJCHP5

100 500 HCFT5-60 60
B5-2020

5-4040
HSMC75

HSMCS75
60 HLF5-4040 CBM5-15 4 HCHAS12-150 150 HAJCHP5-4040

6-3030

HCHAS8-100 100
HSMC65

HSMCS65
50

- -

HCHPS6 150 HAJPS6 500 HAJCHP6 150 500 HCFT6-130 130B6-3030

6L-3030

8-4040

HCHAS12-150 150
HSMC75

HSMCS75
60 HCHPS8 170 HAJPS8

1700

HAJCHP8 170

1700

HCFT8-130 130

B8-4040

8L-4040

G8-4040

8-4545

B8-4545

8L-4545

G8-4545

6-5050 -

-

HLF6-5050 CBM8-20 4 HCHAS16-170 170 HCHPS6 150 HAJPS5050 HAJCHP6-5050 150 HCFT6-250 250

8-5050 HCHAS12-150 150 - - HCHPS8 170 HAJPS8 HAJCHP8 170 -

6-6060 - HLF6-6060 CBM8-20 4 HCHAS16-170 170 HCHPS6 150 HAJPS6060 HAJCHP6060 150 HCFT6-250 250

8-6060 HCHAS12-150 150
HSMC75

HSMCS75
60 - - - - - -

8-8080
- -

HLF8-8080
CBM8-20 4 HCHAS16-170 170 HCHPS8 170

HAJPS8080
4000

HAJCHP8080
170 4000 HCFT8-350 350

8-9090 HLF8-9090 HAJPS9090 HAJCHP9090

BAT

BBT

BCT

BDT

BET

5-2020

-

HSMC50

HSMCS50
50 - -

HCHPS5 100 HAJPS5 500 HAJCHP5 100 500 HCFT5-60 60
B5-2020

5-4040
HSMC75

HSMCS75
60 HLF5-4040 CBM5-15 4 HCHAS12-150 150

6-3030
HCHAS8-100 100

HSMC65

HSMCS65
50

- -

HCHPS6 150 HAJPS6 500 HAJCHP6 150 500 HCFT6-130 130
B6-3030

8-4040

HCHAS12-150 150
HSMC75

HSMCS75
60 HCHPS8 170 HAJPS8

1700
HAJCHP8 170

1700
HCFT8-130 130

B8-4040

8-4545

B8-4545

8L-4545

6-6060 - - HLF6-6060 CBM8-20 4 HCHAS16-170 170 HCHPS6 150 HAJPS6060 HAJCHP6060 150 HCFT6-250 250

HA

HB

HC

HD

6-3030

HCHAS8-100 100
HSMC65

HSMCS65
50

- -

HCHPS6 150 HAJPS6 500 HAJCHP6 150 500 HCFT6-130 130B6-3030

6L-3030

8-4040

HCHAS12-150 150
HSMC75

HSMCS75
60 HCHPS8 170 HAJPS8 1700 HAJCHP8 170 1700 HCFT8-130 130

B8-4040

8L-4040

8-4545

B8-4545

8L-4545

HAT

HBT

HCT

HDT

6-3030 HCHAS8-100 100
HSMC65

HSMCS65
50

- -

HCHPS6 150 HAJPS6 500 HAJCHP6 150 500 HCFT6-130 130

8-4040

HCHAS12-150 150
HSMC75

HSMCS75
60 HCHPS8 170 HAJPS8 1700 HAJCHP8 170 1700 HCFT8-130 1308-4545

8L-4545

Cautions on 
Installation

For mounting examples (1) and (3), tapping alteration TP must be specified.

 Attachment of the extrusion unit is not available for
- marked part. The allowable load of caster is per piece.

Can be mounded without any alterations.

* Heli-Coils Inserted

QBracket Connection Type

Unit Form Selection
Extrusion

Price Adder
SN AN BN C TP

BA

5-2020 
B5-2020 6,70 5,20 5,70

8,00 
20 pcs. out of 24 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 13,40 10,50 11,50 28,80 
M5x12, 16pcs.

6-3030 
B6-3030 
6L-3030

7,20

5,70 6,20

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040 
G8-4040

7,60

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545 
G8-4545

16,00 
M12x18*, 4pcs.

6-5050 14,40

11,50 12,40

28,80 
M8x24, 16pcs.

8-5050 15,30 16,00 
M12x18*, 4pcs.

6-6060 14,40 28,80 
M8x24, 16pcs.

8-6060

15,30

16,00 
M12x18*, 4pcs.

8-8080 32,00 
M8x24, 16pcs.8-9090

BB

5-2020 
B5-2020 12,30 9,60 10,50

12,80 
32 pcs. out of 44 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 24,60 19,30 21,10 28,80 
M5x12, 16pcs.

6-3030 
B6-3030 
6L-3030

13,20

10,50 11,40

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040 
G8-4040

14,00

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545 
G8-4545

16,00 
M12x18*, 4pcs.

6-5050 26,40

21,10 22,80

28,80 
M8x24, 16pcs.

8-5050 28,10 16,00 
M12x18*, 4pcs.

6-6060 26,40 28,80 
M8x24, 16pcs.

8-6060

28,10

16,00 
M12x18*, 4pcs.

8-8080 32,00 
M8x24, 16pcs.8-9090

BC

5-2020 
B5-2020 12,30 9,60 10,50

14,40 
36 pcs. out of 44 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 24,60 19,30 21,10 28,80 
M5x12, 16pcs.

6-3030 
B6-3030 
6L-3030

13,20

10,50 11,40

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040 
G8-4040

14,00

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545 
G8-4545

16,00 
M12x18*, 4pcs.

6-5050 26,40

21,10 22,80

28,80 
M8x24, 16pcs.

8-5050 28,10 16,00 
M12x18*, 4pcs.

6-6060 26,40 28,80 
M8x24, 16pcs.

8-6060

28,10

16,00 
M12x18*, 4pcs.

8-8080 32,00 
M8x24, 16pcs.8-9090

BD

5-2020 
B5-2020 4,40 3,50 3,80

6,40 
16 pcs.

7,20 
M5x15, 4pcs.

5-4040 8,90 7,00 7,60 28,80 
M5x12, 16pcs.

6-3030 
B6-3030 
6L-3030

4,80

3,80 4,10

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040 
G8-4040 5,10

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545 
G8-4545

16,00 
M12x18*, 4pcs.

6-5050 9,60

7,60 8,30

28,80 
M8x24, 16pcs.

8-5050 10,20 16,00 
M12x18*, 4pcs.

6-6060 9,60 28,80 
M8x24, 16pcs.

8-6060

10,20

16,00 
M12x18*, 4pcs.

8-8080 32,00 
M8x24, 16pcs.8-9090

BE

5-2020 
B5-2020 8,90 7,00 7,60

8,00 
20 pcs. out of 32 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 17,90 14,00 15,30 28,80 
M5x12, 16pcs.

6-3030 
B6-3030 
6L-3030

9,60

7,60 8,30

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040 
G8-4040

10,20

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545 
G8-4545

16,00 
M12x18*, 4pcs.

6-5050 19,20

15,30 16,60

28,80 
M8x24, 16pcs.

8-5050 20,40 16,00 
M12x18*, 4pcs.

6-6060 19,20 28,80 
M8x24, 16pcs.

8-6060

20,40

16,00 
M12x18*, 4pcs.

8-8080 32,00 
M8x24, 16pcs.8-9090

Unit Form Selection
Extrusion

Price Adder
SN AN BN C TP

BAT

5-2020 
B5-2020 6,70 5,20 5,70

8,00 
20 pcs. out of 24 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 13,40 10,50 11,50 28,80 
M5x15, 16pcs.

6-3030 
B6-3030 7,20

5,70 6,20

7,20 
M8x24, 4pcs.

8-4040
B8-4040

7,60

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.8L-4545

6-6060 14,40 11,50 12,40 28,80 
M8x24, 16pcs.

BBT

5-2020 
B5-2020 12,30 9,60 10,50

12,80 
32 pcs. out of 44 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 24,60 19,30 21,10 28,80 
M5x15, 16pcs.

6-3030 
B6-3030 13,20

10,50 11,40

7,20 
M8x24, 4pcs.

8-4040
B8-4040

14,00

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.8L-4545

6-6060 26,40 21,10 22,80 28,80 
M8x24, 16pcs.

BCT

5-2020 
B5-2020 12,30 9,60 10,50

14,40 
36 pcs. out of 44 

pcs.
(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 24,60 19,30 21,10 28,80 
M5x15, 16pcs.

6-3030 
B6-3030 13,20

10,50 11,40

7,20 
M8x24, 4pcs.

8-4040
B8-4040

14,00

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.8L-4545

6-6060 26,40 21,10 22,80 28,80 
M8x24, 16pcs.

BDT

5-2020 
B5-2020 4,40 3,50 3,80

6,40 
16 pcs.

7,20 
M5x15, 4pcs.

5-4040 8,90 7,00 7,60 28,80 
M5x15, 16pcs.

6-3030 
B6-3030 4,80

3,80 4,10

7,20 
M8x24, 4pcs.

8-4040
B8-4040

5,10

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.8L-4545

6-6060 9,60 7,60 8,30 28,80 
M8x24, 16pcs.

BET

5-2020 
B5-2020

8,90 7,00 7,60
8,00 

20 pcs. out of 32 
pcs.

(Except the 
Brackets on 

bottom)

7,20 
M5x15, 4pcs.

5-4040 28,80 
M5x15, 16pcs.

6-3030 
B6-3030 9,60

7,60 8,30

7,20 
M8x24, 4pcs.

8-4040
B8-4040

10,20

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.8L-4545

6-6060 9,60 28,80 
M8x24, 16pcs.

Pre-Assembly Fitting 
Spring Nut

Change to Post Assembly Insertion 
Nuts and Stopper Set

Post-Assembly Insertion 
Spring Nut

Mounting Holes for Cover
Standard Unit Extrusions 

Tapping Alteration

SN AN BN C TP

Changes 
Pre-assem-
bly Insertion 
Nuts (HNTT) 
to Pre-
assembly 
Spring Nuts 
(HNTU) .

Change Pre-assembly 
Insertion Nuts (HNTT) to 
Post Assembly Insertion 
Nuts and Stopper Set 
(HNTAT) 

The Nuts and Stoppers 
can be used after the 
frame is assembled.

Changes Pre-
assembly 
Insertion Nuts 
(HNTT) to 
Post-assem-
bly Insertion 
Spring Nuts 
(HNTP) .

Adds 
tapping on 
the bottom 
surface of 
the upright 
extrusions in 
four corners.

Built-in spring prevents 
slips. Move easily in the 
groove when pressed 
slightly by hand.

QAlterations

* Will no fall if the extrusion is held vertically.

HNTP

TP

TP

TP

TP

QBlind Joint Type

Unit Form Extrusion Type
Price Adder

TP

HA

6-3030 
B6-3030 
6L-3030

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545

16,00 
M12x18*, 4pcs.

HB

6-3030 
B6-3030 
6L-3030

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545

16,00 
M12x18*, 4pcs.

HC

6-3030 
B6-3030 
6L-3030

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545

16,00 
M12x18*, 4pcs.

HD

6-3030 
B6-3030 
6L-3030

7,20 
M8x24, 4pcs.

8-4040 
B8-4040 
8L-4040

8,00 
M12x36, 4pcs.

8-4545 
B8-4545 
8L-4545

16,00 
M12x18*, 4pcs.

Unit Form Extrusion Type
Price Adder

TP

HAT

6-3030
B6-3030

7,20 
M8x24, 4pcs.

8-4040
B8-4040

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.
8L-4545

HBT

6-3030
B6-3030

7,20 
M8x24, 4pcs.

8-4040
B8-4040

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.
8L-4545

HCT

6-3030
B6-3030

7,20 
M8x24, 4pcs.

8-4040
B8-4040

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.
8L-4545

HDT

6-3030
B6-3030

7,20 
M8x24, 4pcs.

8-4040
B8-4040

8,00 
M12x36, 4pcs.

8-4545
B8-4545 16,00 

M12x18*, 4pcs.
8L-4545

ENut type change is available for Bracket Connection Type only. EThe "Alteration" can be specified also when the extrusion is changed from HFS to EFS (See P.768) 

Female  

Adds tap holes on 
the bracket for cover 
mounting. (Both Sides 
M5 Depth 15mm)

EOnly applicable to Bracket Connection Type
    (Mounting Screws P.684HCBM)
ENot applicable to black anodize.

Thread Hole Position


