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Technical information

V727

N7

% B7002-E-T-P4S-UL
Spindle bearing

Schaeffler ID:
0191498910000

* Preferred product

Temperature range

T min -30 °C
T mie 100 °C
30 g

SCHAEFFLER

Spindle bearings B70..-E, adjusted, in
pairs or sets, contact angle a = 25°,
restricted tolerances

Operating temperature min.
Operating temperature max.

Weight

Main Dimensions & Performance Data

d 15 mm

D 32 mm

B 9 mm

C 5.900 N
Cor 2.310 N
Cur 244 N

N G Grease 45.000 1/min
N G oil 70.000 1/min
Dimensions

I min 0,3 mm

1 min 0,3 mm

a 25 °

Bore diameter

Outside diameter

Width

Basic dynamic load rating, radial
Basic static load rating, radial
Fatigue load limit, radial

Limiting speed for grease lubrication

Limiting speed for oil lubrication

Minimum chamfer dimension
Minimum chamfer dimension

Contact angle

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.
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Mounting dimensions

d, 19 mm Diameter shaft shoulder
da h12 Diameter shaft shoulder clearance
LA D, 29 mm Shoulder diameter outer ring
\\\v&\\\\\\g;/////,//j D, H12 Shoulder diameter outer ring clearance
I 2 max 0,3 mm Maximum recess radius
,,,,, I a1 max 0,1 mm Maximum recess radius
E tk min 21,1 mm Minimum diameter injection pitch
Efmax 22,3 mm Maximum diameter injection pitch
E 1 min 21,1 mm Minimum diameter injection pitch
= (0 e 22,3 mm Maximum diameter injection pitch
a 10 mm Distance between the apexes of the pressure
cones

Additional information

FyvL 36 N Preload force light
Fym 154 N Preload force medium
FvH 341 N Preload force heavy
KaeL 104 N Lift-off force light
Kaewm 464 N Lift-off force medium
KaH 1.066 N Lift-off force heavy
CalL 37,2 N/uym Axial rigidity light
CamMm 64,6 N/um Axial rigidity medium
CaH 89,8 N/um Axial rigidity heavy

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.



