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@ GAKR16-PB
Rod end
Schaeffler ID: Rod end with external thread, right hand
0065516450000 thread, requiring maintenance, sliding

contact surface: steel/bronze, DIN ISO
12240-4, dimension series K, type M, open
design

o Main Dimensions & Performance Data
d 16 mm Bore diameter bearing
D 32 mm Outside diameter bearing
B 21 mm Width inner ring
C, 21.400 N Basic dynamic load rating, radial
Cor 45300 N Basic static load rating, radial
0,2 kg Weight
Dimensions
dk 28,575 mm Ball diameter
dq 19,3 mm Outer flange diameter inner ring
ds 42 mm Outer eye diameter
dj M16 Thread size
h 66 mm Shank Length External thread rod
Ci 15 mm Width of the rod end
a 15 ° Tilt angle
[ 37 mm Shank Length External thread head
[P 87 mm Total length external thread head
I 7 23 mm Distance drilling with/shaft start
G, 0-0,035 mm Radial Clearance
dor 0,018 mm Bore diameter bearing, upper tolerance
dyr 0 mm Bore diameter bearing, lower tolerance
dr H7 mm Bore diameter bearing, tolerance
Bor 0 mm Width inner ring, upper tolerance
Byt -0,12 mm Width inner ring, lower tolerance

Mounting dimensions

I 1smin 0,3 mm Edge Spacing

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.
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Temperature range

T min -60 °C Operating temperature min.

T Gien 250 °C Operating temperature max.

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.



