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GNE70-XL-KRR-B

Radial insert ball bearing

Schaeffler ID: Radial insert ball bearings GNE..-KRR-B,
0009446370000 spherical outer ring, location by eccentric

locking collar, R seals on both sides

Technical information

Go Main Dimensions & Performance Data
Ca ¢ W d 70 mm Bore diameter
D sp 150 mm Outside diameter
\C.\ \ZT B 58 mm Width
S | B 1 75,5 mm Locking collar total width
Dsp| Dy dy 1= 7B o 4} d |d3 N G Grease 5.200 1/min Limiting speed for grease lubrication
& “ Gy 111.000 N Basic dynamic load rating, radial
1@%’ Cor 68.000 N Basic static load rating, radial
B4 G uy 3.400 N Fatigue load limit, radial
3,81 kg Weight
Dimensions
C 37 mm Width, outer ring
C, 41 mm Sealing total width
S 26 mm Distance raceway
dq 92,2 mm Rib diameter inner ring
D 4 127 mm Outside diameter seal
Ca 12 mm Distance to lubrication hole
djs 102 mm Outside diameter locking collar/locknut
W 6 mm Width of flats

Calculation factors

fo 13,2 Calculation factor

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.



