
15.06.2021, 22:16:42 (GMT+08:00)  

ARCANOL-TEMP200-1KG
Sales grease

Schaeffler ID:
0191441210000

Preferred product

ARCANOL-TEMP200

Technical information

Technical data

ϑ O min -30  °C Operating temperature, min.

ϑ O max 260  °C Operating temperature, max.

ϑ G 200  °C Upper continuous limit temperature

n · d M 300.000  mm/min Speed of rotation specific value

PTFE Thickener type

Alkoxyfluoro oil Base oil type

ν 40 550  mm²/s Base oil viscosity at +40°C

ν 100 49  mm²/s Base oil viscosity at +100 °C

2 NLGI class

High-temperature

grease

Grease category

ρ 1,9  kg/dm³ Density

1 kg can Container

1  kg Weight

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.


