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Spherical plain bearing

Schaeffler ID: Radial spherical plain bearing, requiring

0066527430000 maintenance, sliding contact surface: steel/
steel, DIN ISO 12240-1, dimension series
W, cylindrical extensions on inner ring,

open design
Technical information
N Main Dimensions & Performance Data
X «» ‘ d 20 mm Bore diameter bearing
: D 35 mm Outside diameter bearing
i B 20 mm Width Inner ring
j—'_ ] —|L da C, 29.600 N Basic dynamic load rating, radial
% Cor 148.000 N Basic static load rating, radial
i 68,53 g Weight
/I,
\l Dimensions
B C 12 mm Width Outer ring
C dg 29 mm Ball diameter
%T a 4 ° Tilt angle
| dl( / P dinfin 0,3 mm Edge Spacing
| I 2smin 0,3 mm Edge Spacing
D d2 d 171 /|<_ IR dor 0,021 mm Bore diameter bearing, upper tolerance
/ | o dur 0 mm Bore diameter bearing, lower tolerance
4’ il Dor 0 mm Outside diameter, upper tolerance
$ 2 Dyt -0,011 mm Outside diameter, lower tolerance
B ot 0 mm Width inner ring, upper tolerance
G, 0,04 - 0,082 mm Radial Clearance
Bur -0,21 mm Width inner ring, lower tolerance
Cor 0 mm Width outer ring, upper tolerance
Cur -0,24 mm Width outer ring, lower tolerance
Mounting dimensions
d 2 max 25 mm Connection measure Inner ring
D 2 min 27,5 mm Housing Connection Diameter
Temperature range
T min -60 °C Operating temperature min.
T e 200 °C Operating temperature max.

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.



