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@ KR5207-2RS
Stud type track roller
b D Schaeffler ID: Stud type track rollers KR52..-2RS, double
dil | \ 0008770340000 row, lip seals on both sides
' :‘
Technical information
c 24 Main Dimensions & Performance Data
i TN D 80 mm Outside diameter
o dq 30 mm Fit diameter of roller stud / stud
B 91 mm Width
G rw 31.000 N Basic dynamic load rating, radial
-7 B Gz _ Corw 23.400 N Basic static load rating, radial
© ww 1.230 N Fatigue load limit, radial
Npg 2.800 1/min Speed on permanent grease lubrication
1,2 kg Weight
Dimensions
B 1 max 28 mm Maximum witdh of thrust washer
M A 600 Nm Tightening torque nut
B, 63 mm Bolt/stud length effectively
C 27 mm Width, outer ring
C 4 1 mm Protrusion outer ring to thrust washer
dsp 42,4 mm Stop diameter of thrust washer
I min 1,1 mm Minimum chamfer dimension
G M30X1,5 Thread
(e 32 mm Thread length
W 12 mm Width of flats
R 500 mm Radius of outer ring outside profile

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines
for this product. For further information you can use the contact form on our website.



