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Roller chain idler sprocket unit
Schaeffler ID: Roller chain idler sprocket units KSR..-LO,
0008338190000 sprocket made from steel or sintered iron

* Preferred product

Technical information

Cl Main Dimensions & Performance Data
(:2; d 16,2 mm Bore diameter
T - “ d 0,1 mm Upper tolerance
d 0 mm Lower tolerance
‘ ‘ Cq 7 mm Thickness of sprocket
] Dy 73,1 mm Pitch circle diameter (gearing)
d D DO D g 78,6 mm Tip diameter (gearing)
| W 0.21 kg Weight
vz, |
Dimensions
v C, 1,1 mm Chamfer width
— D 40 mm Outside diameter
C 12 mm Width, outer ring
B 18,3 mm Width inner ring

Mounting dimensions

The datasheet is only an overview of dimensions and basic load ratings of the selected product. Please always observe all further information and guidelines

p 0,5 Inch Tooth set

z 18 Number of teeth
X ISO chain
X ANSI chain

for this product. For further information you can use the contact form on our website.



