Arrow Sign Stickers / Arrow Sign Plates / Open-Closed Sign Plates

Straight / R Type

WStraight Sticker Type [IE[ | ARWS (Black)

i Color Part Number Number of Label
ARWSR (Red) White Type A Number of Panels per Label u;re}:aockage 5
ARWSB (Blue )
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[ Material: PET Film  Operating Ambient Temperature: -20 ~ 80°C
Part Number Unit Price | Volume Discount Rate
Type A B L w H G 1~ 9 pkg(s). | 10 ~ 50 pkgs.
ARWS 15 7.5 13 6 3 b
ARWSR 20 10 18 8.5 4 6.5
ARWSB 40 20 37 17 8 13
(®For orders larger than indicated quantity, please check with WOS.
HEStraight Plate Type APWS (Black  g35 P . c (®0rder Unit: Pack
S White olor 5
pcs. per package
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(®Peel off the surface protection film before use. (0D Material: EN AW-1050 Equiv.
Part Number Unit Price | Volume Discount Rate
Type A B L w H G P 1 ~ 2 pkg(s). 3 ~ 4 pkgs.
30 12 17 8 4 6
QEWER 50 20 36 16 8 12 3.5
70 30 55 24 12 19
(®For orders larger than indicated quantity, please check with WOS.
mR Type [XHM | AWRB (Black) 700 AWRL (Black)
AWRBR (Red) AWRLR (Red) AWRL
AWRR (Black) @
¢ AWRRR (Red)%.
\\( AWRR

(®10 pes. per package.

—

White, [T Material: PET Film  Operating Ambient Temperature: -20 ~ 80°C

Part Number Unit Price |Volume Discount Rate
Type Ra w H Rb A © 1~ 9 pkg(s). | 10 ~ 50 pkgs.
AWRB AWRBR 13 50 10 b) 6.5 59.2 18.7
AWRL AWRLR 20 75 15 8 10 88.9 28.4
AWRR AWRRR 25 100 20 10 12.5 118.3 36.6
(®For orders larger than indicated quantity, please check with WOS.
Instruction of Use Material Characteristics (Features of PET Film) Material Structure
(DChoose a flat surface. Heat Resistance: 100°C x 7 Days No change Laminate (Upper Surface Protection) PET Film 16y
%m’e the dirt off the surface. - ) 0il Resistance: 72 hours in geaf il No change )
en putting a sticker on an exact position, moisten a large Weather Resistance: 400 hours in weather mete—No change Printed Surface
surface with a cloth beforehand. . /

(@Separate a release paper and put the sticker, then press

(®)Durability may vary under irregular conditions. e ~__—Base Film (Milky White) PET Film 50y

firmly. ———— J—Vapor Deposited Silver Total Tickness Approx. 280
Adhesive (Acrylic 2-Liquid Type)
Backing Paper (Adhesive Side Prtection) 160y
i i it Price |Volume Discount Rate:
lOpen-Closed Sign Plates Part Number AP — Blng Chain |Unit Price e beoni®
Type |No. WireDia.| 1.D. | Length |1 ~ 2 pc(s).3 ~ 20 pcs.

ﬁ D

Seress

(®Chains are removable.
@1 "Open" and 1 "Close" plates make a set.

KHPT |70|67 15| 1.4 | 22 | 600

(®For orders larger than indicated quantity, please check with WOS.

lﬂ Ordering | Part Number

Example AWRB-20
KHPT-70

A

(1D Material: Polyethylene Synthetic Paper
Chain: EN 1.4301 Equiv.

Triangular Stickers / Marking Stickers

MTriangular Stickers

(®10 pes. per package.

LRS
LRM

é[

[0 Material: PET Film  Operating Ambient Temperature: -20 ~ 80°C

Material Structure

Laminate (Upper Surface Protection) PET Film 16y
%Printed Surface

=~ Base Film (Miky White) PET Flm 50y
——— < \Viapor Deposited Silver
Adhesive (Acrylic 2-Liquid Type)
Backing Paper (Adhesive Side Protection) 160y

p=

Total Thickness Approx. 280y

LRS 1ISO ISO ISO ISO SO IEC \ BS
o A & A'\
Electric Shock Cautions Rotatlng ObJects Caution Pinching Flammable High Temperature Laser Caution
Nominal 01 06
'2 BS ' ISO
& & A 4 (®standards shown on
Radioactive Explosive Irntant/ Harmful Corrosive Toxic Strongly Magnetic the left decree graphic
09 12 13 patterns only.
it Pric i ISO: International Organization for Standardization

Part Number W | H Pt Eics Nolums DiiscountRats IEC: International Electrotechnical Commission

Type 1 pkg. 2~ 4pkgs.5 - 9 pkgs.10 - 50 phgs. B S: British Standards
E N: European Standards (Listed on the web)

LRS N 31 | 28 Instruction of Use Material Characteristics  (Features of PET Film)
(DChoose a flat surface. Heat Resi 100°C x 7 Days: No change

LRM 52 | 47 (@Wipe the dirt off the surface. 0il Resistance: 72 hours in gear oil——nNo change
(3When putting a sticker on an exact position, moisten a large Weather Resistance: 400 hours in weather meter——No change

surface with a cloth beforehand. (®)Durability may vary under irregular conditions.
(®Separate a release paper and put the sticker, then press
firmly.
. . Material Structure
MMarking Stickers| LRUS LRDS
LRUM LRDM

Symbol o

lllustration w

B

pd

(®10 pes. per package. [ Material: PET Film

Laminate (Upper Surface Protection) PET Film 16p
/;Primed Surface

———— % Base Film (Milky White) PET Film 504
om ———— T Vapor Deposited Silver
Adhesive (Acrylic 2-Liquid Type)
Backing Paper (Adhesiv Side Protection) 160y

lllustration || w
Total Thickness Approx. 280

Symbol e
W
A

Operating Ambient Temperature: -20 ~ 80°C

LRUS A= ® Ax (I ]
o Al A A A A
Nominal 01 02 03 04 05 06 07 08 09
LRDS
e % %
NSRS TR, g‘?{-gtt»ﬂ [FEFENEE BoviEE
Nominal 01 02 03 04 05 06
Part Number G Unit Price \Volume Discount Rate  Instruction of Use
—H A | B | W F (DChoose a flat surface.
Type  |Nominal 1 pkg. [2~4pkgs.5 ~ 9 pkgs. {10~ 50 pkgs. (Wipe the dirt off the surface.
(3When putting a sticker on an exact position, moisten a large surface with a
LRUS 40 |50 | 36 | 36 | 10 cloth beforehand.
LRDS (@Separate a release paper and put the sticker, then press firmly.
01~ m 0 "
Material Characteristics (Features of PET Film)
LRUM 80 [100| 72 | 72 | 20
LRDM Heat Resistance: 100°C x 7 Days—No change
0l Resistance: 72 hours in gear oil No change

¢ Ordering | Part Number
Example

LRM-05
LRDS-01

Weather Resistance: 400 hours in weather meter—No change
(®Durability may vary under irregular conditions.



