Screw Fittings

Brass

B Sockets Type | MMaterial Part Number Rc | L1 g |UnitPrice| picintfate
SJSFS [N OWB14N Equiv. Type No. | (PT) 1~ 9 pefs). |10-20 pes.
6A | 1/8 21 10.5 14
8A | 1/4 28 14 17
SJSFS 10A| 3/8 32 16 21
15A] 172 40 20 26
(®For orders larger than indicated quantity, please check with WOS.
HEFemale/Male Type | MMaterial Part Number RePT)R(PT)| | dlB Unit Price | pistount Rate
Sockets SJSXS |EN CW614N Equiv. Type No. 11;;3 11;; T — 1~ 9 pefs). |10-20 pes.
"‘ s 6A 5)
4 § SJSXS 8A | 1/4 1/4 124 | 8 |17
{ 10A| 3/8 38 |28 1121
\ 15A] 172 1/2 |33 15| 26
< (®For orders larger than indicated quantity, please check with WOS.
[RobiS 10}
ENipples Type | MMaterial Part Number R(P L B Unit Price | pissoum gate
SJSRN_EN CW6T4N Equiv Type No.| R D 1~9pefs). | 10~20 pcs.
6A 1/8 22 12
REPT RIFT sysRN  |BAl 1A |2 12
10A 3/8 33 17
’’’’’ 15A 1/2 38 22
(®For orders larger than indicated quantity, please check with WOS.
L
HCaps Type | MMaterial Part Number Rc | | L1 g |UnitPrice P
SJSCP_|EN CW6T4N Equiv Type No.| (PT) 1- 9 pcfs). 110-20 pcs.
Rc (PT) . 6A | 1/8 9 7 12
‘a 8A | 1/4 1 9 16
4— — - SJscp 10A| 3/8 14 12 19
15A] 172 15 13 24
L1 (®For orders larger than indicated quantity, please check with WOS.
[RoHS10) L B
lFemale/Male Type | [MMaterial Part Number R,Rc(PT)| L1 Lo [UnitPrice DistuntFate
Elbows SJSXL [EN CW617N Equiv. Type No. 1~ 9 pefs). | 10~20 pes.
P 6A 1/8 19 22
iy 8A | 1/4 24 25
oy ‘/ﬂ SUSXL  Hoa[ s | 28 29
S 15A] 172 32 34
g (®For orders larger than indicated quantity, please check with WOS.
[RoHS10)
HEElbows Type | MMaterial Part Number Unit Price | pisvoume i
SJSFL __[EN CW617N Equiv. Type No. (L) = = 1~9pc(s). | 10~20 pcs.
‘é, 6A | 1/8 2 2
: 1 Y SJSFL 8A 1/4 25 25
A 10A[ 3/8 29 29
e ) oo 15A 172 34 34
g (®For orders larger than indicated quantity, please check with WOS.
[RoHS10)
HlMale Elbows Type | [MMaterial Part Number R (PT) L1 L2 Unit Price | pisount Rate
SJSML_[EN CW617N Equiv. Type No. 1~9pc(s). | 10~20 pcs.
6A 1/8 17 17
8A 1/4 22 22
SJSML 10A| 3/8 25 25
15A 1/2 29 29
(®For orders larger than indicated quantity, please check with WOS.
HETees Type | MMaterial Part Number Unit Price | pisoume i
SJSFT _|EN CW617N Equiv. Rc (BT Type No. Sl = - 1 ~9pe(s). | 10~20 pes.
{ 6J . 6A 1/8 44 22
<5 8A 1/4 50 25
2 - Re (P
AN\ - SJSFT 10A[ 38 58 29
)l 3 Re (PT) — 15A 172 68 34
L1 L1 (®For orders larger than indicated quantity, please check with WOS.
\ L

EMale Tees Type | @Material Part Number R (PT) L L, |UnitPrice oicoinfate
SJSMT _[EN CW617N Equiv. Type No. 1~9pefs). | 10~20 pes.
R(PT) 6A 1/8 34 17
R(PT) R (PT) 8A 1/4 44 22
I ‘ SJSMT 10A| 3/8 50 25
— 15A 172 58 29
T (®)For orders larger than indicated quantity, please check with WOS.
L1 \ L1
L
lFemale/Male Type | MMaterial Part Number RRcP| L Li | Lo [UnitPrice]piscOimiae
Tees SJSXT _|EN CW617N Equiv. Type No. 1~9pefs). | 10~20 pes.
/m 6A | 1/8 44 22 19
! 8A | 1/4 50 25 24
A =] | ey D SJSXT 10A] 3/8 | 58 | 29 | 28
. L= 3/ 15A] 172 | 68 | 34 | 32
&/ Rc (P 1 (®For orders larger than indicated quantity, please check with WOS.
L1 ! L1
[RotiS 10} L
HPlugs Type | [MMaterial Part Number Unit Price | pisvolime i
SJSPG_|EN CW614N Equiv. Type No. ) = = 1~9pefs). | 10~20 pes.
R(PT 6A 1/8 14 12
i 8A 1/4 18 16
SJSPG 10A| 3/8 21 19
— T 15A| 172 25 21
(®)For orders larger than indicated quantity, please check with WOS.
.
HMReducing Hex Type | WMaterial Part Number Rc (PT) L g |Unit Price | iscountfate
Sockets SJSFSD _[EN CW614N Equiv. Type No.[ T1 T2 1~ 9pefs). | 10~20 pes.
12 ] 1/8 | 1/4 26 17
oy L T 13| 1/8 | 3/8 | 28 | 21
\ J 23| 1/4 | 3/8 30 21
— SJSFSD 24 | 1/4 | 12 36 26
- o 1 34| 38 | 12 38 26
36 | 3/8 | 3/4 44 32
1 A ) 46 | 1/2 | 3/4 46 32
(®)For orders larger than indicated quantity, please check with WOS.
MReducing Female/ Type | [Material Part Number RPT) [Re(PT)| B |Unit Price| piscoiitfate
Male Sockets SJSXSD [EN CW614N Equiv. Type No.[ T1 T2 1~9pefs). | 10~20 pes.
N No.12, 23,34 No.21, 32,43 12 | 1/8 1/4 22 17
- A T T2 T T 21 | 1/4 | 18 | 22 | 14
- W - sysxsp |23 | 14| 3| 26 | i
] 32| 38 | 1/4 26 17
S @ o 34| 38 | 12 31 26
43 | 1/2 | 3/8 30 22
m] L ‘ L (®)For orders larger than indicated quantity, please check with WOS.
BReducing Hex Type | MMaterial Part Number R (PT) L B Unit Price | pistomate
Nipples SJSRND [EN CW614N Equiv. Type No.| T1 T2 1 ~9pefs). | 10~20 pes.
‘ B ‘ L 12 1/8 | 1/4 26 14
P 13 ] 1/8 | 38 29 17
- \\)\ A M 23 | 1/4 [ 38 | 31 | 17
‘,\m Jicg 7 \ SJSRND |24 [ 1/4 | 12 | 34 | 22
W S i — 34|38 | 12 | 36 | 22
\\ / 36 [ 38 | 34 4 27
g 46 | 1/2 | 3/4 43 27
mm T2 h (®For orders larger than indicated quantity, please check with WOS.
MBushings Type | [MMaterial Part Number Re (PT)| R(PT) L B Unit Price | pisvoume i
SJSPB_[EN CW614N Equiv. Type No.| T1 T2 1~9pefs). | 10~20 pes.
121 1/8 | 1/4 16 17
13 ] 1/8 | 3/8 19 19
23| 1/4 | 3/8 19 19
SJSPB 24 | 1/4 | 12 21 24
34| 38 | 12 21 24
36 | 3/8 | 3/4 25 30
46 | 1/2 | 3/4 25 30
(®)For orders larger than indicated quantity, please check with WOS.
o) Operng T -60~ 160C (No Freezing) Ordering
_l Fitting Max.Opera(ingPrasuel 6.9MPa Example 5 SMTEA




