PNo 11987

335

B

59.0

m PVYC Insulation Boots
B Protects Rear of Connector
B Protects Against Accidental Electric

Shock

Specification

| PNo. 11987

Operating Temp. Range:
Max. Working Voltage:
Flash Tested:

Material:

Flammability Rating:

Insulation boot for

PF range

PFO0O01,
PFO002,
PFO006,
PFO007,
PFOOT T,
PFOO16

([except /PC versions)
-20°C to +60°C

250V a.c.
2kV a.c.
PV.C.
UL94V-0

Compliant




