MJ-032
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Maximum 1A.125V.AC
i Allowable Cuirrent

INSULATION DC.500V 100MQ wp: (MIN)
RESISTANCE

1

VOLTAGE AC.500V 143/ (Minute)
| BREAKDOWN 1
COLOR. Red,Black,White, Yellow Blue, Green

MATERIAL ABS Resin




MTYAMA ELECTRIC CO., LTD. © Tokyo, Japsn.

MJ—0%2 IC CLIP ' - Jan 29,1985
Specifications:-
l.Rating Characteriatic : ) Amp. 125 ¥V, a.g
‘2. hetentivenses 50 ~ 200 gr

5300V. d.e , 10Cmegnhms or more between-terminad.
1500V. a.¢ 50/60Hz, for 1 minate between~tarminal.

L LI |3

3« Imsilation Reﬂiatance
4.hielectrie Stremgth

5. Weather-Froof
a. Heat-Proof After exposure fox 16 houra in a constant temperatute
oven at TOx2°C

1 Item 3. 10 meg chms or more amd switches shall
ke operata their funetion in electrical and -

- memmc
b. Celd-Proef * After exposure for 2 hours In a congtant teaperat
. ure m'ena.t-—25-- 2°c,
- Damp—~ Froof ¢ After expomure far 48 hours in a humidity S0-95X.
’ Same as -Item 4 and shall cowmplles with Item 3
reguiremant,
Matexrials :

1.BEatton ; Molded A B.Sresin, all colour.
" 2.Body ¢t Molded A . B.3. Tesin all colaour,
3.Contact: Fhosphor bronze sheet, O.4mm thick,
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411 dimensions im millimeters, Upless otherwise speciffed tolerances,+ 0.5.
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