
data sheet CLIXX ..
product cable entry with membrane and strain relief
properties

material polypropylene and themoplastic elastomeric

colour grey - RAL 7035

protection specification IP 66/67
temperature range -40°C to 80°C
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D S min. S max. A B max. T

[mm] [mm] [mm] [mm] [mm] [mm]

CLIXX 12

CLIXX 16

CLIXX 20 20+0,7 0,8 3,5 6 - 13 A 25 32 15

CLIXX 25

CLIXX 32

The correctness of data has been made to the best of our knowledge and no responsibility is accepted. Technical improvement reserved. approval 2010-04-22; PGE

- Space-saving: Flat construction form, minimal space requirement – can also be used 
in large quantities in extremely small spaces

- Easiest assembly: External mounting from one side only – no thread, no tools or 
locknuts required

- Time-saving: Simple one-hand-only assembly reduces installation time by 80 %

- Numerous applications: For a diverse range of cable types without special sealings, 
protection class and strain relief not affected, without a cable installed Clixx can be 
used as a seal.

en
cl

os
ur

es
 w

al
l t

hi
ck

ne
ss

 t
yp

e

in preparation- we inform you

[mm]

an
ch

or
ag

e 
ra

ng
e 

=
 s

ea
lin

g 
ra

ng
e 

ac
c.

 t
o 

E
N

 5
02

62

in preparation- we inform you

in preparation- we inform you

in preparation- we inform you

Adb_CLIXX WISKA Hoppmann Mulsow GmbH, Kisdorfer Weg 28, 24568 Kaltenkirchen  Telefon +49 (0) 41919 508-100  Telefax +49 (0) 4191 508-129


