3 8 Cable Protection Systems

HelaGuard Accessories

HelaGuard Accessories Technical Table |
* PACC Clip for Corrugated Conduits Nominal | Fixing Hole
Article-No. Type 4] @ (FH) Pack Cont.
Features and Benefits 166-25707 [PACC10 10 M5 10
) 166-25700 |[PACC13 13 M5 10
* Easy and quick assembly 166-25701 |PACC16 16 M5 10
* With integrated lid 166-25702 |PACC21 21 M6 10
e With through hole for fastening with 166-25703 |PACC28 o8 M6 0
screw 166-25704 |PACC34 34 M6 10
e Inner rib to prevent conduit from slipping 166-25705 |PACCA2 D) NG 5
e Can be used in C-shaped DIN rails 166-25706 |PACC54 54 N6 5

All dimensions in mm. Subject to technical changes.

Colour grey available on request.

Material Data

Material | Polyamide 6.6 (PA66)
1
Colour | Black (BK)

. 1
Operating | -50 °C to +135 °C
Temperature

e T
Flammability | UL94 V2

HelaGuard PACC Conduit Clip.

¢ AFCP Clip for Rigid Conduits Technical Table
—

Nominal | Fixing Hole
Features and Benefits Article-No. Type ] @ (FH) Pack Cont.
« Easy and quick assembly 166-50700 |AFCP16 16 M5 10
« With integrated lid 166-50701 |AFCP20 20 M6 10
e With through hole for fastening with 166-50702 |AFCP25 25 M6 10
screw 166-50703 |AFCP33 33 M6 10
e Can be used in C-shaped DIN rails All dimensions in mm. Subject to technical changes.

Colour grey available on request.

Material Data
Material | PA66HIRHS
1
Colour | Black (BK)
. 1
Operating | -50 °C to +135 °C
Temperature

e T
Flammability | UL94 V2

HelaGuard AFCP Conduit Clip.
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