
Article-No. Type
Nominal

Ø
Thread Size

(metric)
Thread Size

(PG) Pack Cont.

166-33900 PCSB12-SM-M16 12 M16 – 10

166-33908 PCSB12-SM-PG9 12 – PG9 10

166-33901 PCSB16-SM-M16 16 M16 – 10

166-33902 PCSB16-SM-M20 16 M20 – 10

166-33909 PCSB16-SM-PG11 16 – PG11 10

166-33903 PCSB20-SM-M20 20 M20 – 10

166-33910 PCSB20-SM-PG16 20 – PG16 10

166-33904 PCSB25-SM-M25 25 M25 – 10

166-33911 PCSB25-SM-PG21 25 – PG21 10

166-33905 PCSB32-SM-M32 32 M32 – 2

166-33912 PCSB32-SM-PG29 32 – PG29 2

166-33906 PCSB40-SM-M40 40 M40 – 1

166-33913 PCSB40-SM-PG36 40 – PG36 1

166-33907 PCSB50-SM-M50 50 M50 – 1

166-33914 PCSB50-SM-PG42 50 – PG42 1

All dimensions in mm. Subject to technical changes.

Article-No. Type
Nominal

Ø
Thread Size

(metric)
Thread Size

(PG) Pack Cont.

166-33808 PCSB12-FM-PG9 12 – PG9 10

166-33800 PCSB12-FM-M16 12 M16 – 10

166-33809 PCSB16-FM-PG11 16 – PG11 10

166-33801 PCSB16-FM-M16 16 M16 – 10

166-33802 PCSB16-FM-M20 16 M20 – 10

166-33803 PCSB20-FM-M20 20 M20 – 10

166-33810 PCSB20-FM-PG16 20 – PG16 10

166-33804 PCSB25-FM-M25 25 M25 – 10

166-33811 PCSB25-FM-PG21 25 – PG21 10

166-33805 PCSB32-FM-M32 32 M32 – 2

166-33812 PCSB32-FM-PG29 32 – PG29 2

166-33806 PCSB40-FM-M40 40 M40 – 1

166-33813 PCSB40-FM-PG36 40 – PG36 1

166-33807 PCSB50-FM-M50 50 M50 – 1

All dimensions in mm. Subject to technical changes.

Material Nickel Plated Brass (NPB)

Colour Metal (ML)

Operating
Temperature

-100 °C to +300 °C

HelaGuard Meta l l i c  Conduit s  with  P last i c  Coat ing and Meta l l i c  Overbra id  and F i t t ings

370

3.6
C a b l e  P r o t e c t i o n  S y s t e m s

• PCSB-FM Fixed External Thread, IP54

• PCSB-SM Swivel External Thread, IP54

Fixed external thread, nickel plated brass.

Swivel external thread, nickel plated brass.

HelaGuard PCSB-SM Swivel External Thread.

Features and Benefits

HelaGuard PCSB-FM Fixed External Thread.

Fittings for metallic conduits
with plastic coating and metallic
overbraid

Features and Benefits

�

Material Data

halogenfree

• Two part fitting comprising shell and body

with external thread

• Can be secured with a locknut

• Two part fitting comprising shell and body

with external  thread

• The external thread swivels about the main

body

• Can be secured with a locknut
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