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Data
Connection data

Solid conductor 0.08 … 2.5 mm² / 28 … 14 AWG

Strip length 5 … 6 mm / 0.2 … 0.24 Inch

Geometrical Data

Width 17.5 mm / 0.689 inch

Height from upper-edge of DIN-35 rail 27.5 mm / 1.083 inch

Depth 35 mm / 1.378 inch

Material Data

Weight 11.7 g 

Environmental Requirements
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32423 Minden 
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Do you have any questions about our products? 
We are always happy to take your call at +49 (571) 887-44222.

Environmental Requirements

Degree of protection IP20

Commercial data

Country of origin DE

GTIN 4045454526382

Customs Tariff No. 85369010000

Product Group 6 (Interface Electronics)

Approvals / Certificates

Ex-Approvals

Logo Approval Certificate name

ATEX
TUEV Nord Cert GmbH

TÜV 07 ATEX 554086 X en.

TUEV Nord
TUEV Nord Cert GmbH

IECEx TUN 09.0001 X

Downloads
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