Data sheet | Item number: 812-110
Ground busbar terminal block 16 mm?2

§
!

www.wago.com/812-110

425mm/1.67in —

ROHS v' BOMchecket Color: It
Compliant
Data

Electrical data

Ratings per IEC/EN 60664-1

Legend (ratings) (Il1/ 3) 2 Overvoltage category Il / Pollution degree 3

Connection data

Connection technology CAGE CLAMP®

Actuation type Operating tool

Connectable conductor materials Copper
Aluminum
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Solid conductor

Fine-stranded conductor

Strip length

No. of poles

Total number of connection points
Total number of potentials
Number of levels

Type of wiring

Geometrical Data

Width
Height
Depth

Material Data

Color

Insulating material
Fire load

Weight

Commercial data

Country of origin
GTIN
Customs Tariff No.

Product Group

Approvals / Certificates

Country specific Approvals
Logo Approval
CSA

s P DEKRA Certification B.V.

UL-Approvals
Logo Approval
UR

m Underwriters Laboratories Inc.

15..16 mm2/14...6 AWG
1.5...16 mm2/14...6 AWG
12mm/0.47 Inch

3

3

3

1

Front-entry wiring

38 mm/1.496 inch
425 mm/1.673inch
43.5mm/1.713inch

green-yellow
Polyamide 66 (PA 66)
0.849MJ

42,679

PL

4045454014889
85369010000

12 (Matrix Patch Board)

Certificate name
2131504

Certificate name
E45172
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Compatible products

ferrule
il Item no.: 216-101
. . /216-101
\ ‘L Ferrule; Sleeve for 0.5 mm?2/ AWG 22; uninsulated; electro-tin plated www-wago.com
" Item no.: 216-102 1216-102
& | Ferrule; Sleeve for 0.75 mm2/ AWG 20; uninsulated; electro-tin plated www.wago.com
il Item no.: 216-103
. . /216-103
& ‘L Ferrule; Sleeve for 1 mm2/ AWG 18; uninsulated; electro-tin plated www-wago.com
M Item no.: 216-104
| .wago.com/216-104
\ { Ferrule; Sleeve for 1.5 mm?2 / AWG 16; uninsulated; electro-tin plated www.wag
n Item no.: 216-106
. . /216-106
Ferrule; Sleeve for 2.5 mm?2 / AWG 14; uninsulated; electro-tin plated www.ivago.com
i Item no.: 216-107
.wago.com/216-107
M Ferrule; Sleeve for 4 mm2/ AWG 12; uninsulated; electro-tin plated www.wag
P\ Item no.: 216-108 www.wago.com/216-108
) Ferrule; Sleeve for 6 mm2/ AWG 10; uninsulated; electro-tin plated Wwago.
‘P\ Item no.: 216-109 www.wago.com/216-109
) Ferrule; Sleeve for 10 mm2/ AWG 8; uninsulated; electro-tin plated Wago.
ltemno.: 216-110
. . /216-110
ﬂ Ferrule; Sleeve for 16 mm2/ AWG 6; uninsulated; electro-tin plated www.ago.com
i Item no.: 216-121
.wago.com/216-121
Ferrule; Sleeve for 0.5 mm?2/ AWG 22; uninsulated; electro-tin plated www.wag
1] Item no.: 216-122
. . /216-122
Ferrule; Sleeve for 0.75 mm?2 / AWG 20; uninsulated; electro-tin plated www.wago.com/216
1] Item no.: 216-123
.wago.com/216-12
Ferrule; Sleeve for 1 mm2/ AWG 18; uninsulated; electro-tin plated www.wag 3
0 Item no.: 216-124 www.wago.com/216-124
M Ferrule; Sleeve for 1.5 mm?2/ AWG 16; uninsulated; electro-tin plated Wago.
i Item no.: 216-131
. . /216-131
Ferrule; Sleeve for 0.25 mm?2 / AWG 24; uninsulated; electro-tin plated www.wago.com/216-13
i Item no.: 216-132
. . /216-132
Ferrule; Sleeve for 0.34 mm?2 / AWG 24; uninsulated; electro-tin plated www.wago.com
i Item no.: 216-151
. . /216-151
B8 Ferrule; Sleeve for 0.25 mm?2 / AWG 24; uninsulated; electro-tin plated www-wago.com
i Item no.: 216-152
. . /216-152
A Ferrule; Sleeve for 0.34 mm?2 / AWG 24; uninsulated; electro-tin plated wiww.wago.com
I Item no.: 216-201
. . /216-201
Ferrule; Sleeve for 0.5 mm2/ AWG 22; insulated; electro-tin plated www-wago.com
Item no.: 216-202
.wago.com/216-202
R Ferrule; Sleeve for 0.75 mm?2 / AWG 20; insulated; electro-tin plated www.wag
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Item no.: 216-203

www.wago.com/216-203
Ferrule; Sleeve for 1 mm2/ AWG 18; insulated; electro-tin plated

Item no.: 216-204

www.wago.com/216-204
Ferrule; Sleeve for 1.5 mm2/ AWG 16; insulated; electro-tin plated 9

= | -—

Item no.: 216-205

www.wago.com/216-205
Ferrule; Sleeve for 2.08 mm?2 / AWG 14; insulated; electro-tin plated 9

(

Item no.: 216-206

. . /216-206
Ferrule; Sleeve for 2.5 mm?2/ AWG 14; insulated; electro-tin plated www.wago.com

Item no.: 216-207

www.wago.com/216-207
Ferrule; Sleeve for 4 mm2/ AWG 12; insulated; electro-tin plated 9

Item no.: 216-208
Ferrule; Sleeve for 6 mm?2/ AWG 10; insulated; electro-tin plated; electrolytic copper; gastight crimped; www.wago.com/216-208
acc. to DIN 46228, Part 4/09.90

B | B B

Item no.: 216-209

. . /216-209
Ferrule; Sleeve for 10 mm2/ AWG 8; insulated; electro-tin plated www.wago.com

Item no.: 216-210
Ferrule; Sleeve for 16 mm2/ AWG 6; insulated; electro-tin plated; electrolytic copper; gastight crimped; www.wago.com/216-210
acc. to DIN 46228, Part 4/09.90

= B

I Item no.: 216-221

. . /216-221
Ferrule; Sleeve for 0.5 mm?2/ AWG 22; insulated; electro-tin plated wiww.wago.com

R Item no.: 216-222 www.wago.com/216-222
Ferrule; Sleeve for 0.75 mm?2 / AWG 20; insulated; electro-tin plated Wago.

Item no.: 216-223
ﬂ emn www.wago.com/216-223

Ferrule; Sleeve for 1 mm?2/ AWG 18; insulated; electro-tin plated

E Item no.: 216-224

www.wago.com/216-224
Ferrule; Sleeve for 1.5 mm2/ AWG 16; insulated; electro-tin plated 9

[ Item no.: 216-301 www.wago.com/216-301
Ferrule; Sleeve for 0.25 mm2/ AWG 24; insulated; electro-tin plated Wago.
[ It £216-302

h emno www.wago.com/216-302

Ferrule; Sleeve for 0.34 mm2/ AWG 24; insulated; electro-tin plated

[ Item no.: 216-321

www.wago.com/216-321
Ferrule; Sleeve for 0.25 mm?2 / AWG 24; insulated; electro-tin plated 9

ﬂ Item no.: 216-322

. . /216-322
Ferrule; Sleeve for 0.34 mm2/ AWG 24; insulated; electro-tin plated www.wago.com

General accessories

Item no.: 284-400

. . www.wago.com/284-400
Finger guard; touchproof cover protects unused conductor entries

N-busbar

Item no.: 210-133

. . /210-133
Busbar; tin-plated; 1000 mm long; Cu 10 mm x 3 mm www.wago.com
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Downloads
Documentation

Bid Text

812-110 Oct 19,2017 DOC Download
24.6 kB

smartDATA

CAD data

3D Download 812-110 URL Download

Subject to changes.

WAGO Kontakttechnik GmbH & Co. KG
Hansastr. 27

32423 Minden

Phone: +49571 887-0 | Fax: +49571 887-169
Email: info.de@wago.com | Web: www.wago.com

Do you have any questions about our products?
We are always happy to take your call at +49 (571) 887-44222.
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