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NOTES:

1.DIMENSION SHALL BE INTERPRETED PER

ASME Y14.5—-2009.

2.PITCH: 6.2MM

3.INSULATION RESISTANCE: 5000MQ/1000V
SECTION A-A 4. WITHSTANDING VOLTAGE: AC3000V/1IMIN
S5.WIRE RANGE: 24—10AWG,4MM?
6.RATED VOLTAGE/CURREN: UL 600V /30A

VDE 800V/32A

7.TEMP.RANGE: —40° C~+105° C
8.UNDIMENSIONED TOLERANCES:
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