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Item description

Intelligent current sensor for monitoring solar plants or inverters for DC measurements within a large current measuring range.

Data
Technical Data

Input

Input signal type Current

Input signal, current 0 … 80ADC

Resolution [bit] 15 Bit 

Communication
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Communication

Communication Modbus RTU

Interface RS-485

Transmission channels Half duplex; 8-bit data; 1 stop bit

Number of participants (max.) 32

Max. length of bus line ≤ 1200m

Baud rate 19.2kBd

Parity Even

Terminating resistor 150 Ω (can be activated via DIP switch 1)

Measurement error

Transmission error typ. ≤ 0.5 % of upper range value (at room temperature)

Temperature coefficient ≤ 0.01 %/K

Power supply

Supply voltage range 12 … 34 VDC

Current consumption at supply voltage 8 mA

Safety and protection:

Degree of protection IP20

Connection data

Feedthrough for measurement conductor 15 mm

Connector RJ-45

Geometrical Data

Width 35 mm / 1.378 inch

Height from upper-edge of DIN-35 rail 55 mm / 2.165 inch

Depth 90 mm / 3.543 inch

Mechanical data

Type of mounting DIN-35 rail

Material Data

Weight 80.2 g 

Environmental Requirements

Surrounding air (operating) temperature -20 … 70 °C

Surrounding air (storage) temperature -40 … 85 °C
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Surrounding air (storage) temperature -40 … 85 °C

Standards and specifications

Conformity marking CE

EMC immunity to interference EN 61000-6-2

EMC emission of interference EN 61000-6-4

Standards/specifications DIN EN 50178

Commercial data

Country of origin DE

GTIN 4045454967604

Customs Tariff No. 85437090300

Product Group 6 (Interface Electronics)

Approvals / Certificates

Ship Approvals

Logo Approval Certificate name

DNV GL
Det Norske Veritas, Germanischer Lloyd

TAA00001D1

PRS
Polski Rejetr Statkow

TE/1989/880590/13

Compatible products
transfer module

 Item no.: 289-965
Interface module with RJ-45 connectors www.wago.com/289-965

 Item no.: 289-966
Interface module with RJ-45 connectors and shield clamping saddle www.wago.com/289-966

wiring and connectors

 Item no.: 750-975
ETHERNET RJ-45 connector, IP20; ETHERNET 10/100 Mbit/s; for field assembly www.wago.com/750-975

Downloads
Documentation
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Subject to changes.

WAGO Kontakttechnik GmbH & Co. KG 
Hansastr. 27 
32423 Minden 
Phone: +49571 887-0 | Fax: +49571 887-169 
Email: info.de@wago.com | Web: www.wago.com

Do you have any questions about our products? 
We are always happy to take your call at +49 (571) 887-44222.
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